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OMRON Flexible Part Feeder - iPF Series

The future of automation powered by 
a complete OMRON solution 

Introducing the new OMRON iPF part feeder 
series. This new part feeder system, together 
with OMRON industrial robots and supported 
vision systems, offer a powerful yet easy-to-use 
solution for pick-and-place applications.

3-Axis Vibration
Revolutionary 3-axis vibration technology 
provides class-leading performance to move 
parts quickly and easily in all directions to 
eliminate build-up of parts in corners and 
edges.

Different sizes for different needs
No matter your batch size or part type, the 
OMRON iPF can handle it.  With 3L, 7L, and 14L 
hopper sizes, and three different part feeder 
sizes, the OMRON iPF can handle a wide variety 
of part shapes, sizes, and volumes.

Quick and easy changeover  for 
greater flexibility
For processes that require frequent changes, 
such as low volume / high variety operations, 
the OMRON iPF modular design can be quickly 
and easily adjusted to handle a variety of parts 
and pieces. Automation has never been easier 
and more efficient.

Simplified set-up with ACE 
programming
The OMRON ACE programming platform makes 
it easy to integrate vision systems and switch 
from horizontal to vertical centering modes. 
The Robot Vision Manager is supported by 
sample wizards providing quick & easy set-
up for basic applications. CAD models of the 
hopper and feeder can be integrated into the 
ACE platform, so parts will be manipulated as 
expected every time. This simple integration 
process reduces development time for complex 
applications by utilizing one programming 
environment for industrial robot, vision, and 
part feeder solutions.

Advanced technology to keep parts flowing 
through the automated process



OMRON Flexible Part Feeder - iPF Series

Product iPF-240 iPF-380 iPF-530

Part Size 5-40 mm 16-60 mm 30-150 mm

Platform Surface

Flat
Anti-roll 1 (ideal for 3.5-7 mm)
Anti-roll 2 (ideal for 7-14 mm)

Available in ESD

Flat
Anti-roll 1 (ideal for 5-10 mm)

Anti-roll 2 (ideal for 10-24 mm)

Flat
Anti roll 1 (ideal for 6-12 mm)

Anti-roll 2 (ideal for 12-28 mm)

Frame
Standard

Left Purge 
Right Purge

Standard
Left Purge 

Right Purge

Standard
Left Purge 

Right Purge

Surface 195 x 150 mm 254 x 325 mm 427 x 371 mm

Color Red, White, Infrared (850 nm), no backlight Red, White, Infrared (850 nm), no backlight Red, White, Infrared (850 nm), no backlight

Vibration Modes
Flip, forward, backward, left, right,  

vertical, horizontal alignment
Flip, forward, backward, left, right,  

vertical, horizontal alignment
Flip, forward, backward, left, right,  

vertical, horizontal alignment

Data Communication Ethernet (TCP/IP) Ethernet (TCP/IP) Ethernet (TCP/IP)

Hopper 3L Hopper 7L Hopper 14L Hopper

Max. Capacity (volume / weight) 3 L / 12 kg 7 L / 12 kg 14 L / 19.5 kg

iPF-240 iPF-380 iPF-530

3 L 7 L 14 L

Authorized Distributor:
Kyoto, JAPAN Contact : www.ia.omron.com

Regional Headquarters

OMRON ASIA PACIFIC PTE. LTD.
438B Alexandra Road, #08-01/02 Alexandra 
Technopark, Singapore 119968
Tel:  (65) 6835-3011    Fax: (65) 6835-3011

OMRON ELECTRONICS LLC
2895 Greenspoint Parkway, Suite 200
Hoffman Estates, IL 60169 U.S.A.
Tel:  (1) 847-843-7900    Fax: (1) 847-843-7787 

OMRON ROBOTICS AND SAFETY TECHNOLOGIES, INC.
4225 Hacienda Drive, Pleasanton, CA 94588 U.S.A.
Tel: (1) 925-245-3400    Fax: (1) 925-960-0590 

OMRON (CHINA) CO., LTD.
Room 2211, Bank of China Tower, 200 Yin Cheng Zhong Road, 
PuDong New Area, Shanghai, 200120, China
Tel:  (86) 21-6023-0333    Fax: (86) 21-5037-2388

OMRON EUROPE B.V.
Wegalaan 67-69, 2132 JD Hoofddorp
The Netherlands
Tel:  (31) 2356-81-300    Fax: (31) 2356-81-388
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